Steel Gity

24 Outdoor XTRA FLEX® Raceway System (Type B)
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[ Specifications ..........cveue @
o * Color: Gray CAT.NO.  TRADE 1D. (IN.) 0.0. (IN) STD.
P « Length: 100 ft. for LTCO38GY thru LTC125GY SERIES SIZE(N)  MIN.  MAX.  MIN. MAX.  CTN.
f 501t for LTCT50GY and LTC2006Y Tl = - = = - =
* S G A o LTCOS0GY 1 62 62 80 80 100
ga 70° C oil resistant, sunlight resistant, LTCO75GY Y 820 840 1.030 1.050 100
= outdoor, direct burial LTC1006Y 1 1041 1086 1200 1315 100
= * CSA Certified: File LR 80349-2 LTCI256Y 1% 1380 1410 1630 1660 100
ol : ;SA T"T‘;‘\’/rgt:“: Ra“"?: -18°Cto75° Cd ) LTCI506Y 1% 1575 1600 1865 1900 50
¢ Material: elix reinforcement surrounde
— e o P LTC200GY 2 2020 2045 2340 2375 50
_g « Voltage Rating: 600V UL Listed: File E95745.
= ’ For use with Thomas & Betts LT38P, LT38M, LT500 series
8 and Liquidtight Hexible Metal Conduit Fittings.
Liquidtight Whip Assembly @
CONDUIT WIRE STD.
CAT. NO. SIZE (IN.) LENGTH (FT.) GAUGE CTN.
LTWHIP 12-6-10 % B #10 AWG B
LTWHIP 12-4-10 % 4 #10 AWG 6
LTWHIP 34-6-8 % 6 48 AWG 6
LTWHIP 34-4-8 % 4 48 AWG 5
Whip with Metallic Fittings — One Straight, One 90°
LTWM 12-6-10 1 6 #10 AWG 6
LTWM 12-4-10 % 4 #10 AWG 6
LTWM 34-6-8 % 6 48 AWG 6
LTWM 34-4-8 % 4 48 WG 6
CGonduit Cutter for Non-Metallic Flexible Conduit
CAT. NO. DESCRIPTION
XF-CUT For Cutting Non-Metallic Flexible Conduit up to 1"

XF-BLADE Replacement Blade for XF-CUT
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